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Product data sheet
Characteristics

VZ1L070U350T
line choke for Altistart 48 - 0.35 mH - 70 A -
IP20

EAN Code:  3389110890716

Main
Product or component
type

Line choke

Value of inductance 0.35 mH
[In] rated current 70 A
IP degree of protection IP20

Complementary
Range compatibility Altistart 48
Product compatibility ATS48D47.

ATS48D62.
Net weight 8 kg

Packing Units
Unit Type of Package 1 PCE
Number of Units in Package 1 1
Package 1 Height 22.500 cm
Package 1 Width 20.500 cm
Package 1 Length 15.000 cm
Package 1 Weight 9.120 kg
Unit Type of Package 2 P06
Number of Units in Package 2 20
Package 2 Height 75.000 cm
Package 2 Width 60.000 cm
Package 2 Length 80.000 cm
Package 2 Weight 182.558 kg

Offer Sustainability
REACh Regulation REACh Declaration
REACh free of SVHC Yes
EU RoHS Directive Pro-active compliance (Product out of EU RoHS legal scope) EU RoHS Decla-

ration
Toxic heavy metal free Yes
Mercury free Yes
China RoHS Regulation China RoHS Declaration
RoHS exemption information Yes
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Contractual warranty
Warranty 18 months


