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Product data sheet
Characteristics

ZB5RZC2
Wireless and batteryless transmitter, Harmony
XB5R, Ø 40 mm, Black Mushroom Head
pushbutton, spring return

Local distributor code:  403007590
EAN Code:  3606480571756

Main
Range of product Harmony XB5R
Product or component
type

Wireless and batteryless transmitter

Device short name XB5R
Bezel material Dark grey plastic
Mounting diameter 40 mm
Sale per indivisible
quantity

1

Shape of signaling unit
head

Round

Type of operator Spring return
Operator profile Black mushroom Ø 40 mm, unmarked

Complementary
CAD overall width 56 mm
CAD overall height 52.59 mm
CAD overall depth 150.2 mm
Mechanical durability 1000000 cycles
Product compatibility ZBZ28
Mechanical robustness Free fall resistance 1000 mm conforming to IEC 60068-2-32
Compatibility code XB5R

Environment
Ambient air temperature for storage -40…70 °C
Ambient air temperature for operation -25…70 °C
IP degree of protection IP65 (front face) conforming to IEC 60529

IP30 (back face) conforming to IEC 60529
IP65 (front face) conforming to UL Type 12

NEMA degree of protection NEMA 12
IK degree of protection IK03 conforming to IEC 50102
Standards IEC 60947-5-4

IEC 60947-1
CSA C22.2 No 14
UL 508
IEC 60947-5-1
JIS C8201-5-1
JIS C8201-1

Product certifications DNV[RETURN]CSA[RETURN]GL[RETURN]LROS (Lloyds register of ship-
ping)[RETURN]UL listed[RETURN]BV

Vibration resistance +/- 10 mm (f= 2…11 Hz) conforming to IEC 60068-2-6

Packing Units
Unit Type of Package 1 PCE
Number of Units in Package 1 1

http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page
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Offer Sustainability
Sustainable offer status Green Premium product
REACh Regulation REACh Declaration
EU RoHS Directive Pro-active compliance (Product out of EU RoHS legal scope)
Mercury free Yes
China RoHS Regulation China RoHS Declaration
RoHS exemption information Yes
Environmental Disclosure Product Environmental Profile
Circularity Profile End Of Life Information

Contractual warranty
Warranty 18 months

https://download.schneider-electric.com/files?p_enDocType=Environmental+Disclosure&p_Doc_Ref=ENVPEP101106EN
https://download.schneider-electric.com/files?p_enDocType=Circularity+Profile&p_Doc_Ref=ENVEOLI1103010EN
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Product data sheet
Dimensions Drawings

ZB5RZC2

Ø40 Mushroom Pushbutton Head Ø22 Spring Return


