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Product data sheet
Characteristics

WDE004231
Switch, Exxact, mechanism with fixing frame,
intermediate, 16A, screw terminals, metallic

Main
Range Exxact
Product or component
type

Switch

Device application Control
Technology type Electromechanical
Quantity per set Set of 5

Complementary
Device presentation Mechanism with fixing frame
Device mounting Flush
Number of rocker 1
Switch function Intermediate
Switch pattern [7]
Rated current 16 A
[Ue] rated operational voltage 250 V
Network type AC
Colour Metallic
Connections - terminals Screw terminals
Loop terminals 2
Shape of screw head Pozidriv No 1 and combi
Clamping connection capacity 1 x 1.5...2 x 2.5 mm² for solid cable(s)

1 x 1.5...2 x 2.5 mm² for solid stranded cable(s)
Material ABS (acrylonitrile butadiene-styrene)
Optional fixing mode By claw kit: insert

By screw: rocker
Embedding depth 15 mm
Height 71 mm
Width 71 mm
Projecting depth 18 mm

Environment
Standards EN 60669-1
Product certifications NEMKO[RETURN]CE[RETURN]FIMKO[RETURN]SEMKO
IP degree of protection IP20

IP44 with additional sealing kit

http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page
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Packing Units
Unit Type of Package 1 PCE
Number of Units in Package 1 1
Package 1 Height 7.3 cm
Package 1 Width 7.3 cm
Package 1 Length 3.8 cm
Package 1 Weight 72.0 g
Unit Type of Package 2 CAR
Number of Units in Package 2 5
Package 2 Height 8 cm
Package 2 Width 8 cm
Package 2 Length 16.8 cm
Package 2 Weight 527 g

Offer Sustainability
Sustainable offer status Green Premium product
REACh Regulation REACh Declaration
REACh free of SVHC Yes
EU RoHS Directive Compliant EU RoHS Declaration
Toxic heavy metal free Yes
Mercury free Yes
China RoHS Regulation China RoHS Declaration
RoHS exemption information Yes
Environmental Disclosure Product Environmental Profile
Circularity Profile No need of specific recycling operations
WEEE The product must be disposed on European Union markets following specific

waste collection and never end up in rubbish bins

Logistical informations
Country of origin DK

Contractual warranty
Warranty 18 months

https://download.schneider-electric.com/files?p_enDocType=Environmental+Disclosure&p_Doc_Ref=ENVPEP101002EN

